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GE PROPRIETARY AND CONFIDENTIAL INFORMATION REVISIONS
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GENERATOR CONNECTIONS:
CAM-LOCK RECEPTACLES:

Hubble 400A HBLFRSC

Gty/Phase/Color: [0/A/Brown, 10/8/0range, 10/C/Yellow, [0/N/White, 2/Gnd/Green.
r': LUGS: 350-600 kemil, mechanical 75 C
0 Qty of cable landings: 12/A, B, C, N & Gnd
84 FACILITY CONNECTIONS: )
l LUGS: 350-600 kemil, mechanical 75 C
SENERATOR—] SIDE VIEW Qty of cable landings: 12/A, B, C, N & Gnd
TONT VEW CABLE MAIN_BREAKER:
20 N " | ENTRANCE -~ 40 GE PBII,4000A, 1004 Current Rated, LSIGA Entelliguard TU (gf alarm only)
Drawout Construction, kirk lock provision, bell alarm.
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° 0 NEMA 3R, galvanized roof, front door, rear and side covers
s TR s ofl| 2ol 2 Powder coated painted ANSI 61 gray.
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