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3000 KVA B0OHZ

150 C RISE

5 PH 4.8% IMP

40 C AMB. 220 C SYSTEM 15-19C

Note: Design is based on 300.0KVA & 1500 Rise 4.8% Imp.
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438 UOLTS (LIME-LINE)
288 UOLTS (LIME-LINE)
128 UOLTS (LIME-NEUTRAL)
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ELECTROSTATIC oROUND SHIELD IN EACH PHASE

EMCLOSURE TYFPE 2 (IP20). OR RAINPROOF TYPE 3R (IP22) WHEM PROVIDED SHIELD 9T18¥1077 GD6

Outline:
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IN ACCORDANCE WITH NEC SECTION 450-9, ALLOW AT LEAST SIX INCHES

CLEARANCE FOR VENTILATION. CHECK ADDITIONAL NEC AND LOCAL CODE
NEMA CLASS AA DRY TYPE TRANSFORMER

BEFORE HAMDLIMNG, IMSTALLIMG AMD OPERATIMG, SEE INSTRUCTIOHN 475A667 AAPOOL
COPPER COMDUCTOR PRIMARY:10 K¥ BIL SECOMDARY: 10 KV BIL
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