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LISTED 7R9G

EMCLOSURE TYPE 2 [IP30]. RAINPROOF TYPE 3R ENCLOSURE (IP32) WHEN PROVIDED SHIELD 9T18W4317611

SUITABLE FOR NOMNSINUSOID:AL CURRENT LOAD WITH K-FACTOR NOT TO EXCEED 13
BEFORE HANDLING, INSTALLING AMD OPERATING, SEE INSTRUCTION 4758667 AAPO1
PRIMARY: 10 KV BIL SECONDARY. 10 KV BIL

ALUMINUM CONDUCTOR
IN ACCORDANCE WITH NECSECTION 450-9, ALLOW AT LEAST SIX INCHES
CLEARANCE FOR VENTILATION. CHECK ADDITIONAL NEC AND LOCAL CODES.

Midwest Electric Products NEMA CLASS AA DRY TYPE TRANSFORMER

Qutline: 3038401 MWPOF1
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Note: Stondard
Meets TP-1 2002 efficiency

NET WGT
240 LB
108.9 Kg
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Assembled in Mexico
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