@ Transformer

Catalog Number

9Q3A150AMAANQAZTO0
9T83B5496

1500KVA 60HZ  3PH 7.5%IMP

Type QL

40 CAMB. 150 C RISE 220 C SYSTEM 15-19¢C

PRIMARY ~ (H) 460 UOLT

SECONDARY (X) 288 UOLTS
128 UOLTS

EMCLOSURE TYPE 2 (IP30). RAINPROOF TYPE 3R ENCLOSURE {IP32) WHEN PROVIDED SHIELD 9T18Y4317G07

BEFORE HAHDLING, INSTALLING AND OPERATING, SEE INSTRUCTION 475A667 AAPODL Outline: 303B401AAPOTG
ALUMINUMCONDUCTOR PRIMARY: 10 KV BIL
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INACCORDANCE WATHINE SECTION 451-3, ALLOYY AT LEAST SIAINCHES
CLEARANCE FOR VENTILATION, CHECKADDITION AL NEC ANDLOCAL CODES

GE Energy Industrial Solutions

NEMA CLASS AA DRY TYPE TRANSFORMER

SECONDARY: 10 KV BIL
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Meets TP-1 2002 efficiency
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