e Transformer

_______ ! 1 MON0OAANT
Catalog Number

INPE QL

PRIMARY SECOMDARY

LINES ON H1-HZ LIMES ON xX1-x4
9T83W2573 UOLTS COWMECT UOLTS COMNECT UOLTS CONNECT
215 2-H1.7-HZ 438 2-7 1268 X1-X%2.x2-X4
227 GB-HL.5-HZ 442 7-B 248  X2-x3
248 4-HL.3-HZ 454 B5-5
252 Z-H1.1-HZ 467 GS-4
50.0 KVA 60 HZ 1PH 45 % IMP 488 4-2
493 3-Z

40 C AME. 150 C RISE 220 C SYSTEM |5-19C

NOG INSPECTION
&
HZ T T H1 FINAL TEST
aa 4y 2 1357

COIL TAP ARRANGEMENT

O

LISTED 700G

Al K3 A2 »d

Outline: 303B406MWPOT3  Assembled in Mexico

X3 X1 - X2 X4
H2 -

EMCLOSURE TYPE 2 [IP30). RAINPROOF TYPE 3R ENCLOSURE (IP32] WHEN PROVIDED SHIELD 9T18W4317606

BEFORE HANDLING, INSTALLING AND OPERATING, SEE INSTRUCTION 475A667AAPO
COPPER CONDUCTOR PRIMARY. 10 KV BIL SECONDARY. 10 KV BIL

IN ACCORDANCE WITH NEC SECTION 450-9, ALLOW AT LEAST 5SIX INCHES
CLEARANCE FOR VENTILATION. CHECK ADDITIONAL NEC AND LOCAL CODES.

Notwe: Stondard
Meets TP-1 2002 efficiency

Midwest Electric Products NEMA CLASS AA DRY TYPE TRANSFORMER
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