
06.14 * Trademark of General Electric Company

Frames 800-4000A  HPC* Switches
  New Generation

All Voltages: 600 Vac and below

DES-122Fusible Switches

EntelliGuard* Control Unit for
HPC* Switches, New Generation
(SHP Type)
UL977/cUL977 
Fused Power Circuit Devices

Adjustable Selective Instantaneous
and RELT

Curves apply at 60 Hertz 
and from -20°C to 55°C switch ambient temperature.

Pickup Range:
Adjustable in increments of 

0.5X the Switch Rating
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MULTIPLE OF SWITCH RATING

MULTIPLE OF SWITCH RATING
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Minimum and Maximum RELT and Adjustable Selective Instantaneous Pickup
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Reduced Energy Let-through Pickup (RELT)
Pickup Range 1.5X to Maximum Instantaneous Pickup

Time band additional time may be 
calculated via the following formula;
Additional t = 21.25 –18x% Sensor
                          1000
Up to 119% Sensor

 0mS additional at 119% Sensor

10mS additional at 
minimum possible 
RELT Pickup 
(Minimum Pickup 
X trip switch rating. 
(56% Sensor)

Adjustable in increments of 0.5X the Switch Rating

RELT IOC Minimum  1.5X Switch Rating

Adjustable Selective IOC with WFR Minimum  2.0X Switch Rating

Both IOC Types Maximum 800-3000A  10.0X Switch Rating

Both IOC Types Maximum 4000A  9.0X Switch Rating

Adjustable in 
0.5X steps

2.0X Trip
Switch Rating

10X Trip
Switch Rating

GE
Industrial Solutions

9X


