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Safety Switch Accessories

Universal Raintight Aluminum Hubs
For outdoor enclosures that have removable closing caps.

Closing Cap for Universal Raintight Aluminum Hub

Replacement Red Handle Grip for HD Switches

Replacement Handles for HD Switches

Clear Line Shield Replacement Kits

TC200 Universal 
Raintight Hub

THRPLHD6 
Replacement Handle

THSHLD1

Nominal Conduit Diameter (in.) Product Number

3/4 TC75

1 TC100

1 1/4 TC125

1 1/2 TC150

2 TC200

2 1/2	 TC250

Product Number

TCCP

Product Number

THGRIP

Amps Min. Amps Max. Max. Volts Steel Type Description Product Number

30A 30A 240V Steel Handle and Pouch THRPLHDL1

30A 30A 600V Steel Handle and Pouch THRPLHDL2

60A 200A 600V Steel Handle and Pouch THRPLHDL3

30A 200A 600V Stainless Handle and Pouch THRPLHDL4

400A 600A 600V Steel Handle and Pouch THRPLHDL6

400A 600A 600V Stainless Handle and Pouch THRPLHDL7

Series Prefix Amps Product Number

TH 30A THSHLD1

TH 60-100A THSHLD3

TH 200A THSHLD4
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Safety Switch Accessories 
NEMA Type 1, 3R and 4X (Grade 304 Stainless Steel) 
Double Throw Switches 
30–1200 Amperes: TC, TDT

Amperage 
Rating

Product Number

Neutral 
Kit

Ground 
Kit

Aux Contact

Control 
PoleNEMA  

Type 1 Indoor

NEMA   
Type 3R  
Outdoor

NEMA Type 4X 
Grade 304 

Stainless Steel

1 Normally Open
1 Normally Closed

2 Normally Open
2 Normally Closed

Non-Fusible /  3 Pole / 3 Wire / 240V

30 TC35321 TC35321R
TNK100 TGL1

THAUXDT

60 TC35322 TC35322R

100 TC35323 TC35323R TNK100 TNG3

200 TC35324 TC35324R TNK200 TNG3

400 TC35325 TC35325R TNK400 TGL6

600
TC35326 TGL6 THAUXDT THAUXDT

TC35326R DT600NK

DS468GK DS200EK1 DS200EK2

DS16CP

800 TC35327 TC35327R1 DT800NK DS16CP

1200 TC35328 TC35328R DT1200NK

Non-Fusible / 3 Pole / 3 Wire / 600V

30 TC35361 TC35361R TC35361SS DT100NK DS100GK DS200EK1 DS200EK2 DS16CP

60
TC35362 TC35362R TNK100 TGL1 THAUXDT

TC35362SS DT100NK DS100GK DS200EK1 DS200EK2 DS16CP

100
TC35363 TC35363R TNK100 TNG3 THAUXDT

TC35363SS DT100NK DS100GK DS200EK1 DS200EK2 DS16CP

200
TC35364 TC35364R TNK200 TNG3 THAUXDT

TC35364SS DT200NK DS200GK DS200EK1 DS200EK2 DS16CP

400
TC35365 TNK400 TGL6 THAUXDT

TC35365R TC35365SS DT400NK DS468GK DS200EK1 DS200EK2 DS16CP

600
TC35366 TGL6

TC35366R TC35366SS DT600NK

DS468GK DS200EK1 DS200EK2

DS16CP

800 TC35367 TC35367R1 TC35367SS DT800NK DS16CP

1200 TC35368 TC35368R DT1200NK

1Order same accessories for the "N" version.

Voltage

Product Number

Neutral  
Kit

Ground  
Kit

Standard 
Fuse Class

"R" Fuse 
Adapter 

Kit

"T" Fuse  
Adapter 

Kit

"J" Fuse 
Adapter 

Kit

Aux Contact

Control  
PoleAmps

NEMA  
Type 1 
Indoor

NEMA  
Type 3R 
Outdoor

NEMA  
Type 4X 

Stainless 
Steel

1 Normally 
Open 

1 Normally 
Closed

2 Normally 
Open 

2 Normally 
Closed

240V

30 TDT3321 TDT3321R

DT100NK DS100GK

H DS12FK

DS200EK1 DS200EK2
DS16CP

60 TDT3322 TDT3322R H DS16FK

100 TDT3323 TDT3323R H DS36FK

200 TDT3324 TDT3324R DT200NK DS200GK H DS46FK

400 TDT3325 TDT3325R DT400NK DS468GK H DS56FK DS526TK2

600 TDT3326 TDT3326R DT600NK

DS468GK

J DT626TK2

800 TDT3327 TDT3327R DT800NK L DT726TK2

1200 TDT3328 TDT3328R DT1200NK L move up

600V

30 TDT3361 TDT3361R TDT3361SS

DT100NK DS100GK

H DS16FK

DS200EK1 DS200EK2
DS16CP

60 TDT3362 TDT3362R TDT3361SS H DS26FK

100 TDT3363 TDT3363R TDT3361SS H DS36FK

200 TDT3364 TDT3364R TDT3361SS DT200NK DS200GK H DS46FK move up

400 TDT3365 TDT3365R TDT3361SS DT400NK DS468GK T DT400JK3

600 TDT3366 TDT3366R DT600NK

DS468GK

J DT666TK2

800 TDT3367 TDT3367R DT800NK L DS766TK2 

1200 TDT3368 TDT3368R DT1200NK L move up
2Kits come with 1 pole - must order 3 for 3-pole switch 
3Kits come with 6 poles

Type TC Accessories

Type TDT Accessories
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Safety Switches 
Double Throw Switches 
Service Equipment Ratings and Fuse Class Chart

Max 
Voltage

Amp Product No.
Suitable for use as
Service Equipment

Product No.
Suitable for use as
Service Equipment

When used with a
neutral, the following

ratings also apply:

Std Fuse
Class

Optional
Fuse Kit

120/240
100A TC10323R

Yes
200A TC10324R

240

30A
TC35321

Yes1
TDT3321

with DT100NK
120/240 VAC
125/250 VDC

4 Wire S/N
H

R - DS12FK 3P
TC35321R TDT3321R

60A
TC35322

Yes1
TDT3322

R - DS16FK 3P
TC35322R TDT3322R

100A
TC35323

Yes1
TDT3323

R - DS36FK 3P
TC35323R TDT3323R

200A

TC10424R

Yes1 with DT200NK
120/240 VAC
125/250 VDC

4 Wire S/N
H

R - DS46FK 3P
J - move up

TC35324 TDT3324

TC35324R TDT3324R

400A
TC35325

Yes1
TDT3325

with DS800NK
120/240 VAC
125/250 VDC

4 Wire S/N

H R - DS56FK 3P
TC35325R TDT3325R

600A
TC35326 No TDT3326

J T - DT626TK 1P
TC35326R with DS468GK TDT3326R

800A

TC35327 with DT800BK TDT3327

L T - DT726TK 1P
TC35327N Yes (neutral inc.)

TC35327R with DT800BK TDT3327R

TC35327RN Yes (neutral inc.)

1200A
TC35328

Yes
TDT3328

with DT1200NK
120/240 VAC

4 Wire S/N
L T - move up

TC35328R TDT3328R

600

30A

TC35361
with DT100NK

or DT100BK

TDT3361

with DT100NK
277/480 VAC

4 Wire S/N
H

R - DS16FK 3PTC35361R TDT3361R

TC35361SS TDT3361SS

60A

TC35362
Yes1

TDT3362

R - DS26FK 3PTC35362R TDT3362R

TC35362SS with DT100NK or DT100BK TDT3362SS

100A

TC35363
Yes1

TDT3363

R - DS36FK 3PTC35363R TDT3363R

TC35363SS with DT100NK TDT3363SS

200A

TC35364
Yes1

TDT3324

with DT200NK
120/240 VAC
125/250 VDC

4 W ire S/N
H

R - DS46FK 3P
J - move up

TC35364R TDT3324R

TC35364SS with DT200NK or DT200BK

400A

TC35365 Yes TDT3365

with DS800NK
277/480 VAC
4 W ire S/N

T J - DT400JK 6PTC35365R with DT400NK
or DT400BK

TDT3365R

TC35365SS TDT3365SS

600A

TC35366 No TDT3366

J T - DT666TK 1PTC35366R with DT600NK or DT600BK TDT3366R

TC35366SS with DS468GK

800A

TC35367 with DT800BK TDT3367

L T - DS766TK 1P

TC35367N Yes

TC35367R with DT800BK TDT3367R

TC35367RN Yes

TC35367SS with DS468GK

1200A
TC35368

with DT1200NK2
TDT3368

with DT1200NK 2 L T - move up
TC35368R TDT3368R

1Not in Canada
2 �120/208V AC; 4 Wire S/N 

�up to 600V AC; 3 Wire w/ <150V to ground 
277/480V AC; for continuous industrial process or where neutral is not solidly grounded or source intended for fire pump

Non-Fusible Switches Fusible Switches
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Safety Switch Enclosure Dimensions

Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight  
(lbs)

Drawing #
KO Figure  
Number 

TG3221 10.3 6.4 6.9 3.3 6.3 5 10103091SH104 1
TG3221VRED 10.3 6.4 6.9 3.3 6.3 5 10103091SH104 1
TG3222 13.8 8.4 8.9 4.0 7.9 10 10103091SH104 15
TG3223 21.3 9.4 10.6 4.9 9.9 16 10103091SH108 3
TG3224 29.1 13.4 14.6 5.2 9.3 30 10103091SH108 4
TG3224B 29.1 13.4 14.6 5.2 9.3 30 10103091SH108 4
TG3225 49.4 21.6 22.8 8.7 14.6 102 10103091SH116 5
TG3225B 49.4 21.6 22.8 8.7 14.6 102 10103091SH116 5
TG3226 49.9 22.9 24.1 9.0 14.8 107 10103091SH116 6
TG3325 49.4 21.6 22.8 8.7 14.6 107 10103091SH116 7
TG3325B 49.4 21.6 22.8 8.7 14.6 107 10103091SH116 7
TG3326 49.9 22.9 24.1 9.0 14.8 124 10103091SH116 6
TG3326B 49.9 22.9 24.1 9.0 14.8 124 10103091SH116 6
TG4321 10.3 6.4 6.9 3.3 6.3 5 10103091SH104 1
TG4321VRED 10.3 6.4 6.9 3.3 6.3 5 10103091SH104 1
TG4322 13.8 8.4 8.9 4.0 7.9 10 10103091SH104 15
TG4322VRED 13.8 8.4 8.9 4.0 7.9 10 10103091SH104 15
TG4323 21.3 9.4 10.6 4.9 9.9 17 10103091SH108 3
TG4324 29.1 13.4 14.6 5.2 9.3 32 10103091SH108 4
TG4324B 29.1 13.4 14.6 5.2 9.3 32 10103091SH108 4
TG4325 49.4 21.6 22.8 8.7 14.6 111 10103091SH116 7
TG4325B 49.4 21.6 22.8 8.7 14.6 111 10103091SH116 7
TG4326 49.9 22.9 24.1 9.0 14.8 126 10103091SH116 6
TG4326B 49.9 22.9 24.1 9.0 14.8 126 10103091SH116 6
TGN3321 10.3 6.4 6.9 3.3 6.3 5 10103091SH104 1
TGN3322 13.8 8.4 8.9 4.0 7.9 10 10103091SH104 15
TGN3323 21.3 9.4 10.6 4.9 9.9 16 10103091SH108 3
TGN3324 29.1 13.4 14.6 5.2 9.3 30 10103091SH108 4
TGN3324B 29.1 13.4 14.6 5.2 9.3 30 10103091SH108 4
TGN3325 49.4 21.6 22.8 8.7 14.6 118 10103091SH116 7
TGN3325B 49.4 21.6 22.8 8.7 14.6 118 10103091SH116 7
TGN3326 49.9 22.9 24.1 9.0 14.8 120 10103091SH116 6
TGN3326B 49.9 22.9 24.1 9.0 14.8 120 10103091SH116 6

Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight  
(lbs)

Drawing #
KO Figure  
Number 

TH2261DC 12.6 8.3 9.5 4.0 7.6 11 10103091SH102 15
TH2262DC 21.3 9.1 9.4 5.0 8.6 18 10103091SH102 3
TH2263DC 22.3 9.3 10.1 4.8 9.8 19 10103091SH105 14
TH3221 10.3 6.3 7.1 3.3 6.1 6 10103091SH102 1
TH3222 17.6 9.4 10.1 5.0 9.0 15 10103091SH102 3
TH3223 21.3 9.3 10.1 4.8 9.8 17 10103091SH105 3
TH3224 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH3224B 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH3224C 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH3225 50.9 22.9 23.6 8.3 14.4 120 10103091SH112 6
TH3225B 50.9 22.9 23.6 8.3 14.4 120 10103091SH112 6
TH3225C 50.9 22.9 23.6 8.3 14.4 135 10103091SH112 6
TH3226 50.9 22.9 23.6 8.3 14.4 134 10103091SH112 6
TH3226B 50.9 22.9 23.6 8.3 14.4 134 10103091SH112 6
TH3226C 50.9 22.9 23.6 8.3 14.4 134 10103091SH112 6
TH3267C 61.5 40.8 44.0 11.9 18.5 500 10103091SH112 6
TH3268C 76.6 46.6 45.8 12.9 18.9 480 10103091SH112 6
TH3325 50.9 22.9 23.6 8.3 14.4 126 10103091SH112 6
TH3325B 50.9 22.9 23.6 8.3 14.4 126 10103091SH112 6
TH3326 50.9 22.9 23.6 8.3 14.4 138 10103091SH112 6
TH3326B 50.9 22.9 23.6 8.3 14.4 138 10103091SH112 6
TH3361 12.6 8.3 9.5 4.0 7.6 11 10103091SH102 15
TH3362 21.3 9.1 9.4 5.0 8.6 18 10103091SH102 3
TH3363 22.3 9.3 10.1 4.8 9.8 18 10103091SH105 14
TH3364 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH3364B 31.5 13.3 14.1 5.1 10.5 34 10103091SH105 4
TH3365 53.9 22.9 23.6 8.3 14.4 126 10103091SH112 6
TH3365B 53.9 22.9 23.6 8.3 14.4 122 10103091SH112 6
TH3366 53.9 22.9 23.6 8.3 14.4 139 10103091SH112 6
TH3366B 53.9 22.9 23.6 8.3 14.4 139 10103091SH112 6
TH4321 10.3 6.3 7.1 3.3 6.1 6 10103091SH102 1

General Duty, NEMA Type 1        Approximate Dimensions in inches

Heavy Duty, NEMA Type 1        Approximate Dimensions in inches

(table continued on next page)

General Duty 
NEMA Type 1

Heavy Duty 
NEMA Type 1

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D
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Safety Switch Enclosure Dimensions

Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH4322 17.6 9.4 10.1 5.0 9.0 16 10103091SH102 3
TH4323 21.3 9.3 10.1 4.8 9.8 17 10103091SH105 3
TH4324 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH4324B 31.5 13.3 14.1 5.1 10.5 32 10103091SH105 4
TH4324C 31.5 13.3 14.1 5.1 10.5 32 10103091SH105 4
TH4325 50.9 22.9 23.6 8.3 14.4 128 10103091SH112 6
TH4325B 50.9 22.9 23.6 8.3 14.4 128 10103091SH112 6
TH4325C 50.9 22.9 23.6 8.3 14.4 128 10103091SH112 6
TH4326 50.9 22.9 23.6 8.3 14.4 139 10103091SH112 6
TH4326B 50.9 22.9 23.6 8.3 14.4 139 10103091SH112 6
TH4326C 50.9 22.9 23.6 8.3 14.4 80 10103091SH112 6
TH4361 12.6 8.3 9.5 4.0 7.6 11 10103091SH102 15
TH4362 21.3 9.1 9.4 5.0 8.6 18 10103091SH102 3
TH4363 22.3 9.3 10.1 4.8 9.8 18 10103091SH105 14
TH4364 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
TH4364C 31.5 13.3 14.1 5.1 10.5 32 10103091SH105 4
TH4365C 53.9 22.9 23.6 8.3 14.4 132 10103091SH112 6
TH4366C 53.9 22.9 23.6 8.3 14.4 132 10103091SH112 6
TH4367C 61.5 40.8 44.0 11.9 18.5 331 10103091SH118 No KO
TH4368C 76.6 46.6 45.8 12.9 18.9 377 10103091SH118 No KO
TH6621 14.4 18.7 19.9 5.9 12.3 33 10103091SH121 20
TH6622 23.9 18.7 19.9 5.9 12.7 40 10103091SH121 20
TH6623 23.9 18.7 19.8 5.8 10.9 45 10103091SH127 20
TH6624 35.1 26.0 26.8 5.7 10.4 45 10103091SH127 20
TH6661 14.4 18.7 19.9 5.9 12.3 33 10103091SH121 20
TH6662 23.9 18.7 19.9 5.9 12.7 46 10103091SH121 20
TH6663 23.9 18.7 19.8 5.8 10.9 46 10103091SH127 20
TH6664 35.1 26.0 26.8 5.7 10.4 45 10103091SH127 20
THN2261DC 10.3 8.3 9.3 4.0 7.7 9 10103091SH102 15
THN2262DC 23.4 13.4 15.3 5.0 10.1 15 10103091SH102 3
THN2263DC 17.6 9.3 10.1 4.8 9.8 23 10103091-SH105 3
THN3321 10.3 6.3 7.1 3.3 6.1 6 10103091SH102 1
THN3361 10.3 8.3 9.3 4.0 7.7 9 10103091SH102 15
THN3361CL 10.3 8.3 9.3 4.0 7.7 9 10103091SH102 15
THN3362 17.6 9.4 10.1 5.0 9.0 15 10103091SH102 3
THN3362CL 17.6 9.4 10.1 5.0 9.0 15 10103091SH102 3
THN3363 17.6 9.3 10.1 4.8 9.8 15 10103091SH105 3
THN3363CL 17.6 9.3 10.1 4.8 9.8 15 10103091SH105 3
THN3364 31.5 13.3 14.1 5.1 10.5 32 10103091SH105 4
THN3364B 31.5 13.3 14.1 5.1 10.5 32 10103091SH105 4
THN3364CL 31.5 13.3 14.1 5.1 10.5 33 10103091SH105 4
THN3365 42.6 22.9 23.6 8.3 14.4 108 10103091SH112 6
THN3365B 42.6 22.9 23.6 8.3 14.4 108 10103091SH112 6
THN3366 42.6 22.9 23.6 8.3 14.4 109 10103091SH112 6
THN3366B 42.6 22.9 23.6 8.3 14.4 109 10103091SH112 6
THN3366CL 42.6 22.9 23.6 8.3 14.4 109 10103091SH112 6
THN6661 14.4 18.7 19.9 5.9 12.3 33 10103091SH121 20
THN6662 23.9 18.7 19.9 5.9 12.7 46 10103091SH121 20
THN6663 23.9 18.7 19.8 5.8 10.9 46 10103091SH127 20
THN6664 35.1 26.0 26.8 5.7 10.4 47 10103091SH127 20

Heavy Duty, NEMA Type 1 (cont.)        Approximate Dimensions in inches

Heavy Duty 
NEMA Type 1

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D
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Safety Switch Enclosure Dimensions
General Duty, NEMA Type 3R        Approximate Dimensions in inches

Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TG3221R 9.8 6.4 6.8 3.3 6.3 6 10103091SH103 8
TG3222R 13.7 8.4 8.8 3.9 7.9 11 10103091SH103 19
TG3223R 21.1 9.3 10.3 5.0 9.1 17 10103091SH107 10
TG3224R 29.3 13.4 13.7 5.4 9.9 31 10103091SH183 11
TG3225R 49.7 21.7 22.4 8.9 14.7 110 10103091SH141 12
TG3226R 50.1 23.0 23.8 9.4 15.1 119 10103091SH141 13
TG3325R 49.7 21.7 22.4 8.9 14.7 109 10103091SH141 12
TG3326R 50.1 23.0 23.8 9.4 15.1 124 10103091SH141 13
TG4321R 9.8 6.4 6.8 3.3 6.3 6 10103091SH103 8
TG4322R 13.7 8.4 8.8 3.9 7.9 11 10103091SH103 19
TG4323R 21.1 9.3 10.3 5.0 9.1 17 10103091SH107 10
TG4324R 29.3 13.4 13.7 5.4 9.9 32 10103091SH183 11
TGN3321R 9.8 6.4 6.8 3.3 6.3 6 10103091SH103 8
TGN3322R 13.7 8.4 8.8 3.9 7.9 10 10103091SH103 19
TGN3323R 15.6 9.3 10.3 5.0 9.1 13 10103091SH107 10
TGN3324R 29.3 13.4 13.7 5.4 9.9 31 10103091SH183 11

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

General Duty 
NEMA Type 3R  

200-600A Side Swing

General Duty 
NEMA Type 3R

Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH2261RDC 13.1 8.2 8.9 4.0 7.9 11 10103091SH101 19
TH2262RDC 22.0 9.2 9.7 4.8 7.9 19 10103091SH101 10
TH2263RDC 22.1 9.3 10.2 4.9 9.8 20 10103091SH106 10
TH3221R 10.5 6.2 6.6 3.1 7.7 7 10103091SH101 8
TH3222R 17.2 9.2 9.7 4.8 7.9 16 10103091SH101 10
TH3223R 22.1 9.3 10.2 4.9 9.8 18 10103091SH106 10
TH3224R 31.7 13.4 14.3 5.4 9.5 34 10103091SH182 11
TH3224RC 31.7 13.4 14.3 5.4 9.5 34 10103091SH182 11
TH3225R 49.5 23.0 24.1 8.5 13.9 128 10103091SH140 18
TH3225RC 49.5 23.0 24.1 8.5 13.9 128 10103091SH140 18
TH3226R 53.5 23.0 24.1 8.5 13.9 134 10103091SH140 18
TH3226RC 53.5 23.0 24.1 8.5 13.9 134 10103091SH140 18
TH3267RC 61.5 40.8 44.0 11.9 18.5 500 10103091SH118 No KO
TH3268RC 76.6 46.6 45.8 12.9 18.9 490 10103091SH118 No KO
TH3325R 49.5 23.0 24.1 8.5 13.9 127 10103091SH140 18
TH3326R 53.5 23.0 24.1 8.5 13.9 139 10103091SH140 18
TH3361R 13.1 8.2 8.9 4.0 7.9 11 10103091SH101 19
TH3361RF 14.9 10.3 10.9 3.9 8.0 11 10103091SH133 No KO
TH3361RF2 22.4 13.3 14.0 4.8 9.9 23 10103091SH134 No KO
TH3362R 22.0 9.2 9.7 4.8 7.9 18 10103091SH101 10
TH3362RF 22.4 13.3 14.0 4.8 9.9 18 10103091SH134 No KO
TH3363R 22.1 9.3 10.2 4.9 9.8 19 10103091SH106 10
TH3364R 31.7 13.4 14.3 5.4 9.5 33 10103091SH182 11
TH3365R 53.5 23.0 24.1 8.5 13.9 132 10103091SH140 18
TH3366R 53.5 23.0 24.1 8.5 13.9 136 10103091SH140 18
TH4321R 10.5 6.2 6.6 3.1 7.7 7 10103091SH101 8
TH4322R 17.2 9.2 9.7 4.8 7.9 16 10103091SH101 10
TH4323R 22.1 9.3 10.2 4.9 9.8 18 10103091SH106 10
TH4324R 31.7 13.4 14.3 5.4 9.5 34 10103091SH182 11
TH4324RC 31.7 13.4 14.3 5.4 9.5 34 10103091SH182 11
TH4325RC 49.5 23.0 24.1 8.5 13.9 125 10103091SH140 No KO
TH4326RC 53.5 23.0 24.1 8.5 13.9 130 10103091SH140 No KO
TH4361R 13.1 8.2 8.9 4.0 7.9 11 10103091SH101 19
TH4362R 22.0 9.2 9.7 4.8 7.9 18 10103091SH101 10
TH4363R 22.1 9.3 10.2 4.9 9.8 19 10103091SH106 10
TH4364R 31.7 13.4 14.3 5.4 9.5 33 10103091SH182 11
TH4364RC 31.7 13.4 14.3 5.4 9.5 32 10103091SH182 No KO
TH4365RC 49.5 23.0 24.1 8.5 13.9 130 10103091SH140 No KO
TH4366RC 53.5 23.0 24.1 8.5 13.9 132 10103091SH140 No KO
TH4367RC 61.5 40.8 44.0 11.9 18.5 510 10103091SH118 No KO
TH4368RC 76.6 46.6 45.8 12.9 18.9 750 10103091SH118 No KO
THN2261RDC 13.1 8.2 8.9 4.0 7.9 11 10103091SH101 19
THN2262RDC 17.2 9.2 9.7 4.8 7.9 16 10103091SH101 10
THN2263RDC 17.3 9.3 10.2 4.9 9.8 16 10103091SH106    10
THN3361R 13.1 8.2 8.9 4.0 7.9 11 10103091SH101 19
THN3361RF 14.9 10.3 10.9 3.9 8.0 13 10103091SH133 19
THN3361RF2 22.4 13.3 14.0 4.8 9.9 22 10103091SH134 17
THN3362R 17.2 9.2 9.7 4.8 7.9 15 10103091SH101 10
THN3362RF 22.4 13.3 14.0 4.8 9.9 22 10103091SH134 17
THN3363R 17.3 9.3 10.2 4.9 9.8 15 10103091SH106 10
THN3364R 31.7 13.4 14.3 5.4 9.5 33 10103091SH182 11
THN3365R 49.5 23.0 24.1 8.5 13.9 122 10103091SH140 18
THN3366R 53.5 23.0 24.1 8.5 13.9 130 10103091SH140 18

Heavy Duty, NEMA Type 3R        Approximate Dimensions in inches
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Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH2221MSS 11.2 7.4 8.1 4.7 9.8 14 10103091SH123

No KO

TH2221SS 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH2221SS-BA 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH2221SSW 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH2222MSS 19.3 9.4 14.1 5.0 10.1 20 10103091SH123
TH2222SS 19.3 9.4 10.1 5.2 9.6 21 10103091SH109
TH2222SS-BA 19.3 9.4 10.1 5.2 9.6 21 10103091SH109
TH2222SSW 19.3 9.4 10.1 5.2 9.6 21 10103091SH109
TH2223MSS 25.4 13.4 15.3 5.0 10.4 24 10103091SH128
TH2224MSS 35.1 14.4 16.3 5.0 10.4 25 10103091SH128
TH2261SSDC 13.3 9.4 10.1 4.9 9.4 18 10103091SH109
TH2262SSDC 19.3 9.4 10.1 5.2 9.6 19 10103091SH109
TH2263SSDC 25.4 13.4 14.3 5.2 9.6 30 10103091SH113
TH3221SS 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH3221SS-BA 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH3221SSW 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH3222SS 19.3 9.4 10.1 5.2 9.6 15 10103091SH109
TH3222SS-BA 19.3 9.4 10.1 5.2 9.6 15 10103091SH109
TH3223SS 25.4 13.4 14.3 5.2 9.6 30 10103091SH113
TH3223SS-BA 25.4 13.4 14.3 5.2 9.6 30 10103091SH113
TH3223SSW 25.4 13.5 14.2 5.2 9.6 30 10103091SH113
TH3224SS 35.1 14.5 15.5 5.2 9.6 33 10103091SH113
TH3224SS-BA 35.1 14.5 15.5 5.2 9.6 33 10103091SH113
TH3224SSW 35.2 14.5 15.5 5.2 9.6 33 10103091SH113
TH3225SS 59.5 24.6 25.6 8.4 13.8 128 10103091SH119
TH3226SS 59.5 24.6 25.6 8.4 13.8 140 10103091SH119
TH3321MSS 11.2 7.4 8.1 4.7 9.8 14 10103091SH123
TH3321SS 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH3321SS-BA 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH3322MSS 19.3 9.4 14.1 5.0 10.1 23 10103091SH123

Heavy Duty, NEMA Type 4/4X Water/Dust-tight        Approximate Dimensions in inches
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Product  
Number

Dimension  
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH3361SS316 13.3 9.4 10.1 4.9 9.4 18 10103091SH109

No KO

TH3361SS316-BA 13.3 9.4 10.1 4.9 9.4 18 10103091SH109
TH3362SS316 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH3362SS316-BA 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH3363SS316 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH3363SS316-BA 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH3364SS316 35.1 14.5 15.5 5.2 9.6 49 10103091SH113
TH3364SS316-BA 35.1 14.5 15.5 5.2 9.6 49 10103091SH113
THN3361SS316 11.3 9.4 10.1 4.9 9.4 16 10103091SH109
THN3361SS316-BA 11.3 9.4 10.1 4.9 9.4 9 10103091SH109
THN3362SS316 13.3 9.4 10.1 5.2 9.6 22 10103091SH109
THN3362SS316-BA 13.3 9.4 10.1 5.2 9.6 22 10103091SH109
THN3363SS316 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
THN3363SS316-BA 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
THN3364SS316 35.1 14.5 15.5 5.2 9.6 50 10103091SH113
THN3364SS316-BA 35.1 14.5 15.5 5.2 9.6 50 10103091SH113
THN3365SS316 59.5 24.6 25.6 8.4 13.8 239 10103091SH119
THN3366SS316 59.5 24.6 25.6 8.4 13.8 239 10103091SH119

Heavy Duty, NEMA Type 4/4X (316 Stainless)        Approximate Dimensions in inches
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Heavy Duty 

NEMA Type 4/4X 

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TC36367 52.0 31.3 34.5 10.5 18.5 317 10103091SH118

No KO

TC36368 65.0 36.5 39.7 11.8 18.9 331 10103091SH118
TC72267 61.5 40.8 44.0 11.9 18.5 377 10103091SH118
TC72267R 61.5 40.8 44.0 11.9 18.5 480 10103091SH118
TC72268 76.6 46.6 45.8 12.9 18.9 391 10103091SH118
TC72268R 76.6 46.6 45.8 12.9 18.9 575 10103091SH118
TC72367 61.5 40.8 44.0 11.9 18.5 377 10103091SH118
TC72367R 61.5 40.8 44.0 11.9 18.5 480 10103091SH118
TC72368 76.6 46.6 45.8 12.9 18.9 480 10103091SH118
TC72368R 76.6 46.6 45.8 12.9 18.9 490 10103091SH118

800–1200A NEMA Type 1 and 3R       Approximate Dimensions in inches

Safety Switch Enclosure Dimensions

(table continued on next page)
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Safety Switch Enclosure Dimensions

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH3322SS 19.3 9.4 10.1 5.2 9.6 22 10103091SH109

No KO

TH3322SS-BA 19.3 9.4 10.1 5.2 9.6 22 10103091SH109
TH3322SSW 19.3 9.4 10.1 5.2 9.6 22 10103091SH109
TH3323MSS 25.4 13.4 15.3 5.0 10.4 23 10103091SH128
TH3324MSS 35.1 14.4 16.3 5.0 10.4 27 10103091SH128
TH3325MSS 59.4 24.5 25.6 7.9 14.4 193 10103091SH130
TH3326MSS 59.4 24.5 25.6 7.9 14.4 200 10103091SH130
TH3361MSS 19.3 9.4 14.1 5.0 10.1 21 10103091SH123
TH3361SS 13.3 9.4 10.1 4.9 9.4 17 10103091SH109
TH3361SS-BA 13.3 9.4 10.1 4.9 9.4 17 10103091SH109
TH3361SSW 13.3 9.4 10.1 4.9 9.4 18 10103091SH109
TH3362MSS 19.3 9.4 14.1 5.0 10.1 23 10103091SH123
TH3362MSSW 19.3 9.4 14.1 5.0 10.1 23 10103091SH123
TH3362SS 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH3362SS-BA 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH3362SSW 19.3 9.4 10.1 5.2 9.6 22 10103091SH109
TH3363MSS 25.4 13.4 15.3 5.0 10.4 23 10103091SH128
TH3363SS 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH3363SS-BA 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH3363SSW 25.4 13.5 14.2 5.2 9.6 35 10103091SH113
TH3364MSS 35.1 14.4 16.3 5.0 10.4 45 10103091SH128
TH3364SS 35.1 14.5 15.5 5.2 9.6 49 10103091SH113
TH3364SS-BA 35.1 14.5 15.5 5.2 9.6 49 10103091SH113
TH3364SSW 35.2 14.5 15.5 5.2 9.6 33 10103091SH113
TH3365MSS 59.4 24.5 25.6 7.9 14.4 206 10103091SH130
TH3365SS 59.5 24.6 25.6 8.4 13.8 131 10103091SH119
TH3366MSS 59.4 24.5 25.6 7.9 14.4 211 10103091SH130
TH3366SS 59.5 24.6 25.6 8.4 13.8 139 10103091SH119
TH4321SS 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH4321SS-BA 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH4321SSW 11.3 7.4 8.1 4.9 9.4 12 10103091SH109
TH4322SS 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH4322SS-BA 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH4322SSW 19.3 9.4 10.1 5.2 9.6 23 10103091SH109
TH4323SS 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH4323SS-BA 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
TH4323SSW 25.4 13.5 14.2 5.2 9.6 36 10103091SH113
TH4324SS 35.1 14.5 15.5 5.2 9.6 47 10103091SH113
TH4324SS-BA 35.1 14.5 15.5 5.2 9.6 47 10103091SH113
TH4324SSW 35.2 14.5 15.5 5.2 9.6 47 10103091SH113
TH4325SS 59.5 24.6 25.6 8.4 13.8 135 10103091SH119
TH4326SS 59.5 24.6 25.6 8.4 13.8 139 10103091SH119
THN2261SSDC 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
THN2262SSDC 19.3 9.4 10.1 5.7 10.2 16 10103091SH110
THN2263SSDC 25.4 13.4 14.3 5.2 9.6 30 10103091SH113
THN3361MSS 19.3 9.4 14.1 5.0 10.1 22 10103091SH123
THN3361MSSW 19.3 9.4 14.1 5.0 10.1 22 10103091SH123
THN3361SS 11.3 9.4 10.1 4.9 9.4 16 10103091SH109
THN3361SS-BA 11.3 9.4 10.1 4.9 9.4 16 10103091SH109
THN3361SSCL 13.3 9.4 10.1 5.2 9.6 9 10103091SH109
THN3361SSW 11.3 9.4 10.1 4.9 9.4 19 10103091SH109
THN3362MSS 19.3 9.4 14.1 5.0 10.1 15 10103091SH123
THN3362SS 13.3 9.4 10.1 5.2 9.6 21 10103091SH109
THN3362SS-BA 13.3 9.4 10.1 5.2 9.6 21 10103091SH109
THN3362SSCL 13.3 9.4 10.1 5.2 9.6 21 10103091SH109
THN3362SSW 13.3 9.4 10.1 5.2 9.6 22 10103091SH109
THN3363MSS 25.4 13.4 15.3 5.0 10.4 20 10103091SH128
THN3363SS 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
THN3363SS-BA 25.4 13.4 14.3 5.2 9.6 36 10103091SH113
THN3363SSW 25.4 13.5 14.2 5.2 9.6 36 10103091SH113
THN3364MSS 35.1 14.4 16.3 5.0 10.4 32 10103091SH128
THN3364SS 35.1 14.5 15.5 5.2 9.6 50 10103091SH113
THN3364SS-BA 35.1 14.5 15.5 5.2 9.6 50 10103091SH113
THN3364SSCL 35.1 14.5 15.5 5.2 9.6 32 10103091SH113
THN3364SSW 35.2 14.5 15.5 5.2 9.6 32 10103091SH113
THN3365MSS 47.9 24.5 25.6 7.9 14.4 110 10103091SH130
THN3365SS 48.0 24.6 25.6 8.4 13.7 239 10103091SH119
THN3366MSS 47.9 24.5 25.6 7.9 14.4 110 10103091SH130
THN3366SS 48.0 24.6 25.6 8.4 13.7 139 10103091SH119

Heavy Duty, NEMA Type 4/4X Water/Dust-tight (cont.)   Approximate Dimensions in inches
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Safety Switch Enclosure Dimensions

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH2221J 11.3 7.4 8.1 5.4 10.0 12 10103091SH110

No KO

TH2221JW 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH2222J 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
TH2222JW 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
TH2261JDC 13.3 9.4 10.1 5.4 10.0 16 10103091SH109
TH2262JDC 19.3 9.4 10.1 5.7 10.2 22 10103091SH109
TH2263JDC 25.4 13.4 14.0 5.0 10.1 35 10103091SH113
TH3221J 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH3221JW 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH3222J 19.3 9.4 10.1 5.7 10.2 15 10103091SH110
TH3222JW 19.3 9.4 10.1 5.7 10.2 15 10103091SH110
TH3223J 25.4 13.4 14.0 5.0 10.1 37 10103091SH120
TH3223JW 25.4 13.4 14.0 5.0 10.1 37 10103091SH120
TH3224J 35.1 14.5 15.1 5.0 10.1 33 10103091SH120
TH3224JW 35.1 14.5 15.1 5.0 10.1 33 10103091SH120
TH3225J 59.5 24.5 25.6 7.9 14.5 120 10103091SH124
TH3226J 59.5 24.5 25.6 7.9 14.5 134 10103091SH124
TH3321J 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH3321JW 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH3322J 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
TH3322JCH 19.3 9.4 9.8 5.7 10.3 28 10103091SH132
TH3322JW 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
TH3361J 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
TH3361JW 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
TH3362J 19.3 9.4 10.1 5.7 10.2 22 10103091SH110
TH3362JCH 19.3 9.4 9.8 5.7 10.3 31 10103091SH132
TH3362JCHSS 19.3 9.4 9.8 5.7 10.3 32 10103091SH132
TH3362JW 19.3 9.4 10.1 5.7 10.2 22 10103091SH110
TH3363J 25.4 13.4 14.0 5.0 10.1 36 10103091SH120
TH3363JW 25.4 13.4 14.0 5.0 10.1 35 10103091SH120
TH3364J 35.1 14.5 15.1 5.0 10.1 49 10103091SH120
TH3364JW 35.1 14.5 15.1 5.0 10.1 33 10103091SH120
TH3365J 59.5 24.5 25.6 7.9 14.5 206 10103091SH124
TH3366J 59.5 24.5 25.6 7.9 14.5 215 10103091SH124
TH4321J 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH4321JW 11.3 7.4 8.1 5.4 10.0 12 10103091SH110
TH4322J 19.3 9.4 10.1 5.7 10.2 22 10103091SH110
TH4322JW 19.3 9.4 10.1 5.7 10.2 22 10103091SH110
TH4323J 25.4 13.4 14.0 5.0 10.1 36 10103091SH120
TH4323JW 25.4 13.4 14.0 5.0 10.1 36 10103091SH120
TH4324J 35.1 14.5 15.1 5.0 10.1 52 10103091SH120
TH4324JW 35.1 14.5 15.1 5.0 10.1 52 10103091SH120
TH4325J 59.5 24.5 25.6 7.9 14.5 128 10103091SH124
TH4326J 59.5 24.5 25.6 7.9 14.5 139 10103091SH124
THN2261JDC 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
THN2262JDC 19.3 9.4 10.1 5.7 10.2 15 10103091SH110
THN2263JDC 25.4 13.4 14.0 5.0 10.1 34 10103091SH120
THN3361J 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
THN3361JCL 13.3 9.4 10.1 5.4 10.0 22 10103091SH110
THN3361JW 13.3 9.4 10.1 5.4 10.0 16 10103091SH110
THN3362J 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
THN3362JCH 19.3 9.4 9.8 5.7 10.3 21 10103091SH132
THN3362JW 19.3 9.4 10.1 5.7 10.2 21 10103091SH110
THN3363J 25.4 13.4 14.0 5.0 10.1 34 10103091SH120
THN3363JCL 25.4 13.4 14.0 5.0 10.1 33 10103091SH120
THN3363JW 25.4 13.4 14.0 5.0 10.1 33 10103091SH120
THN3364J 35.1 14.5 15.1 5.0 10.1 47 10103091SH120
THN3364JW 35.1 14.5 15.1 5.0 10.1 47 10103091SH120
THN3365J 48.0 24.5 25.6 7.9 14.5 164 10103091SH124
THN3366J 48.0 24.5 25.6 7.9 14.5 109 10103091SH124

Heavy Duty, NEMA Type 5, 12 Drip/Dust-tight       Approximate Dimensions in inches
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D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

Heavy Duty 
NEMA Type 5/12 
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H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

Heavy Duty 
NEMA Type 5/12 

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH2221M 11.3 7.4 8.1 4.7 9.9 13 10103091SH123

No KO

TH2222M 19.3 9.4 14.1 5.0 10.1 23 10103091SH123
TH2223M 23.4 13.4 15.3 5.0 10.1 24 10103091SH128
TH2224M 35.1 14.4 16.3 5.0 10.1 25 10103091SH128
TH2261MDC 19.3 9.4 14.1 5.0 10.1 20 10103091SH123 
TH2262MDC 19.3 9.4 14.1 5.0 10.1 22 10103091SH123 
TH2263MDC 23.4 13.4 15.3 5.0 10.1 35 10103091SH128
TH3321M 11.3 7.4 8.1 4.7 9.9 13 10103091SH123
TH3322M 19.3 9.4 14.1 5.0 10.1 21 10103091SH123
TH3322MW 19.3 9.4 14.1 5.0 10.1 21 10103091SH123
TH3323M 23.4 13.4 15.3 5.0 10.1 24 10103091SH128
TH3324M 35.1 14.4 16.3 5.0 10.1 30 10103091SH128
TH3325M 59.4 24.5 25.6 7.9 14.4 193 10103091SH130
TH3326M 59.4 24.5 25.6 7.9 14.4 200 10103091SH130
TH3361M 19.3 9.4 14.1 5.0 10.1 22 10103091SH123
TH3361MW 19.3 9.4 14.1 5.0 10.1 22 10103091SH123
TH3362M 19.3 9.4 14.1 5.0 10.1 22 10103091SH123
TH3363M 23.4 13.4 15.3 5.0 10.1 35 10103091SH128
TH3364M 35.1 14.4 16.3 5.0 10.1 45 10103091SH128
TH3365M 59.4 24.5 25.6 7.9 14.4 206 10103091SH130
TH3366M 59.4 24.5 25.6 7.9 14.4 211 10103091SH130
THN2261MDC 19.3 9.4 14.1 5.0 10.1 20 10103091SH123
THN2262MDC 19.3 9.4 14.1 5.0 10.1 20 10103091SH123
THN2263MDC 23.4 13.4 15.3 5.0 10.1 35 10103091SH128
THN3361M 19.3 9.4 14.1 5.0 10.1 21 10103091SH123
THN3362M 19.3 9.4 14.1 5.0 10.1 15 10103091SH123
THN3362MW 19.3 9.4 14.1 5.0 10.1 15 10103091SH123
THN3363M 23.4 13.4 15.3 5.0 10.1 20 10103091SH128
THN3364M 35.1 14.4 16.3 5.0 10.1 35 10103091SH128
THN3365M 47.9 24.5 25.6 7.9 14.4 110 10103091SH130
THN3366M 47.9 24.5 25.6 7.9 14.4 110 10103091SH130

Heavy Duty, NEMA Type 12 Drip/Dust-tight        Approximate Dimensions in inches

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TH3361JR 13.3 9.4 10.1 5.4 10.0 17 10103091SH110

20

TH3362JR 19.3 9.4 10.1 5.7 10.2 23 10103091SH132
TH3363JR 25.4 13.4 14.0 5.0 10.1 38 10103091SH120
TH3364JR 35.1 14.5 15.1 5.0 10.1 49 10103091SH120
TH3365JR 59.5 24.5 25.6 7.9 14.5 197 10103091SH124
TH3366JR 59.5 24.5 25.6 7.9 14.5 212 10103091SH124

Heavy Duty, NEMA Type 3R, 5, 12        Approximate Dimensions in inches

H

W2

D2

D

W

W2

W

H

D2

D

H

W2

D2

D

W

H

W2

W

H

W2

W

H

W2

W

H

W2

W

W2

W

H

D2
D

General Duty NEMA Type 3R

General Duty NEMA Type 3R Side Swing

Heavy Duty NEMA Type 1

Heavy Duty NEMA Type 3R

Heavy Duty NEMA Type 3R Side Swing

General Duty NEMA Type 1

D2

D

D2

D

D2

D

D2

D

Heavy Duty 
NEMA Type 3R/5/12 
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Double Throw 
NEMA Type 1 

D2

D

H

W2

W

400-800A Double Throw – 3R

D2

D

H

W2

W

600A Fusible Double Throw

D2

D

H

W2

W

30A-100A Nonfused Double Throw – 4X Stainless

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TC35321 15.8 10.4 12.0 5.2 8.7 14 10103091SH115 7
TC35322 18.8 11.4 13.0 6.3 9.3 19 10103091SH115 7
TC35323 22.4 14.5 16.0 7.9 14.5 34 10103091SH117 9
TC35324 30.2 17.9 19.5 8.9 11.9 54 10103091SH117 10
TC35325 34.3 24.5 26.7 10.3 17.1 83 10103091SH122 10
TC35326 44.4 23.5 25.6 11.3 17.5 140 10103091SH122 12
TC35327 63.8 27.0 27.8 8.9 14.1 175 10103091SH143

No KO
TC35327N 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35328 78.1 42.6 43.8 20.5 29.6 471 10103091SH145
TC35361 25.0 12.0 12.8 6.0 11.2 44 10103091SH185
TC35362 18.8 11.4 13.0 6.3 9.3 21 10103091SH115 7
TC35363 22.4 14.5 16.0 7.9 14.5 38 10103091SH117 9
TC35364 30.2 17.9 19.5 8.9 11.9 62 10103091SH117 10
TC35365 34.3 20.4 22.6 10.3 17.1 89 10103091SH122 10
TC35366 44.4 23.5 25.6 11.3 17.5 140 10103091SH122 12
TC35367 63.8 27.0 27.8 8.9 14.1 175 10103091SH143

No KOTC35367N 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35368 78.1 42.6 43.8 20.5 29.6 471 10103091SH145

Double Throw, NEMA Type 1  TC        Approximate Dimensions in inches

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TC10323R 15.1 7.2 8.2 5.2 8.5 10 10103091SH131 15
TC10324R 30.2 13.3 16.8 8.5 12.1 38 10103091SH131 13
TC10424R 30.2 13.3 16.8 8.5 12.1 38 10103091SH131 13
TC35321R 19.8 10.4 12.3 5.2 10.3 14 10103091SH126

No KO

TC35322R 20.8 11.4 13.3 6.3 11.4 19 10103091SH126
TC35323R 22.9 14.4 16.6 7.9 14.5 35 10103091SH125
TC35324R 30.6 17.9 19.6 8.9 1.9 54 10103091SH125
TC35325R 34.8 24.4 27.3 10.3 17.3 98 10103091SH143
TC35326R 63.8 23.7 24.5 8.9 14.1 175 10103091SH143
TC35327R 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35327RN 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35328R 78.1 42.6 43.8 20.5 29.6 473 10103091SH145
TC35361R 25.0 12.0 12.8 6.0 11.2 44 10103091SH185
TC35362R 20.8 11.4 13.3 6.3 11.4 21 10103091SH126
TC35363R 22.9 14.4 16.6 7.9 14.5 39 10103091SH125
TC35364R 30.6 17.9 19.6 8.9 1.9 62 10103091SH125
TC35365R 54.3 22.7 23.5 7.3 12.5 140 10103091SH143
TC35366R 63.8 23.7 24.5 8.9 14.1 175 10103091SH143
TC35367R 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35367RN 63.8 27.0 27.8 8.9 14.1 175 10103091SH143
TC35368R 78.1 42.6 43.8 20.5 29.6 473 10103091SH145

Double Throw, NEMA Type 3R  TC        Approximate Dimensions in inches

Double Throw 
NEMA Type 3R

D2

D

H

W2

W

400-800A Double Throw – 3R

D2

D

H

W2

W

600A Fusible Double Throw

D2

D

H

W2

W

30A-100A Nonfused Double Throw – 4X Stainless
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Double Throw, NEMA Type 1  TDT        Approximate Dimensions in inches

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TDT3321 37.0 12.0 12.8 8.3 11.2 47 10103091SH137

No KO

TDT3322 37.0 12.0 12.8 8.3 11.2 43 10103091SH137
TDT3323 37.0 12.0 12.8 8.3 11.2 48 10103091SH137
TDT3324 51.4 19.2 19.9 6.1 11.3 159 10103091SH138
TDT3325 74.7 25.3 26.2 8.9 14.1 163 10103091SH139
TDT3326 86.1 27.4 28.3 8.9 14.1 341 10103091SH139
TDT3327 58.9 28.1 29.3 20.5 25.6 275 10103091SH147
TDT3328 78.1 42.6 43.8 20.5 29.6 501 10103091SH146
TDT3361 37.0 12.0 12.8 8.3 11.2 42 10103091SH137
TDT3362 37.0 12.0 12.8 8.3 11.2 43 10103091SH137
TDT3363 37.0 12.0 12.8 8.3 11.2 62 10103091SH137
TDT3364 51.4 27.6 28.6 8.8 16.2 102 10103091SH138
TDT3365 74.7 25.3 26.2 8.9 14.1 274 10103091SH139
TDT3366 58.9 28.1 29.3 20.5 25.6 278 10103091SH144
TDT3367 58.9 28.1 29.3 20.5 25.6 278 10103091SH145
TDT3368 78.1 42.6 43.8 20.5 29.6 501 10103091SH146

Double Throw 
NEMA Type 1 

D2

D

H

W2

W

400-800A Double Throw – 3R

D2

D

H

W2

W

600A Fusible Double Throw

D2

D

H

W2

W

30A-100A Nonfused Double Throw – 4X Stainless

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TDT3321R 37.0 12.0 12.8 8.3 11.2 47 10103091SH137

No KO

TDT3322R 37.0 12.0 12.8 8.3 11.2 47 10103091SH137
TDT3323R 37.0 12.0 12.8 8.3 11.2 62 10103091SH137
TDT3324R 51.4 27.6 28.6 8.8 16.2 159 10103091SH138
TDT3325R 74.8 26.3 24.5 8.8 14.1 230 10103091SH143
TDT3326R 58.9 28.1 29.3 20.5 25.6 320 10103091SH144
TDT3327R 58.9 28.1 29.3 20.5 25.6 276 10103091SH147
TDT3328R 78.1 42.6 43.8 20.5 29.6 503 10103091SH146
TDT3361R 37.0 12.0 12.8 6.0 11.9 44 10103091SH185
TDT3362R 37.0 12.0 12.8 6.0 11.9 44 10103091SH185
TDT3363R 37.0 12.0 12.8 8.3 11.2 49 10103091SH137
TDT3364R 51.4 27.6 28.6 8.8 16.2 160 10103091SH138
TDT3365R 74.8 26.3 24.5 8.8 14.1 230 10103091SH143
TDT3366R 58.9 28.1 29.3 20.5 25.6 278 10103091SH144
TDT3367R 58.9 28.1 29.3 20.5 25.6 278 10103091SH147
TDT3368R 78.1 42.6 43.8 20.5 29.6 503 10103091SH146

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TC35361SS 25.7 11.9 12.7 5.5 11.4 60 10103091SH150

No KO

TC35362SS 25.7 11.9 12.7 5.5 11.4 60 10103091SH150
TC35363SS 25.7 11.9 12.7 5.5 11.4 60 10103091SH150
TC35364SS 39.8 19.6 20.3 6.5 11.7 105 10103091SH186
TC35365SS 37.9 19.6 20.3 6.5 14.1 185 10103091SH149
TC35366SS 67.0 24.1 25.3 9.0 14.0 195 10103091SH188
TC35367SS 63.3 27.4 28.4 8.9 14.1 230 10103091SH187

Product  
Number

Dimension 
H

Dimension  
W (Box)

Dimension  
W2 (W/ Handle)

Dimension  
D (Box)

Dimension  
D2 (W/ Handle)

Weight 
(lbs)

Drawing #
KO Figure  
Number 

TDT3361SS 38.8 12.0 12.8 5.5 11.4 45 10103091SH148

No KO
TDT3362SS 38.8 12.0 12.8 5.5 11.4 45 10103091SH148
TDT3363SS 38.8 12.0 12.8 5.5 11.4 45 10103091SH148
TDT3364SS 53.3 19.6 20.3 6.5 11.6 100 10103091SH142
TDT3365SS 37.9 19.6 20.3 6.5 14.1 260 10103091SH149

Double Throw, NEMA Type 3R  TDT        Approximate Dimensions in inches

Double Throw, NEMA Type 4X (304 Stainless) TC       Approximate Dimensions in inches

Double Throw, NEMA Type 4X (304 Stainless) TDT        Approximate Dimensions in inches

Double Throw 
NEMA Type 3R 

Double Throw 
NEMA Type 4X

D2

D

H

W2

W

400-800A Double Throw – 3R

D2

D

H

W2

W

600A Fusible Double Throw

D2

D

H

W2

W

30A-100A Nonfused Double Throw – 4X Stainless

D2

D

H

W2

W

400-800A Double Throw – 3R

D2

D

H

W2

W

600A Fusible Double Throw

D2

D

H

W2

W

30A-100A Nonfused Double Throw – 4X Stainless



Safety Switch Knockouts

Symbol A B C D E F G H J K L M N

Conduit 
Size 

(Inches)

9/32 1/2 1/2 1/2 1/2 1/2 3/4 3/4 1 1 2 2 2 1/2

– – 3/4 3/4 3/4 3/4 1 1 1 1/4 1 1/2 2 1/2 2 1/2 3

– – – 1 1 1 – 1 1/4 1 1/2 2 3 3 –

– – – – 1 1/4 1 1/2 – 1 1/2 2 2 1/2 – 3 1/2 –

Dimensions—Knockouts

Figure 1 Figure 2

Figure 3 Figure 4 Figure 5 Figure 6 Figure 7

Figure 8 Figure 9 Figure 10 Figure 11 Figure 12

Figure 13 Figure 14 Figure 15 Figure 16

Figure 17 Figure 18 Figure 19 Figure 20

GE  
41 Woodford Avenue 
Plainville, CT 06062 
1-800-431-7867 
www.geindustrial.com

*Indicates a trademark of the General Electric Company and/or its affiliates.
Information provided is subject to change without notice. Please verify all details with GE. All values 
are design or typical values when measured under laboratory conditions, and GE makes no warranty 
or guarantee, express or implied, that such performance will be obtained under end-use conditions.
©2018, General Electric Company and/or its affiliates. All rights reserved.
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