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CR408 (Fusible Disconnect)  NEMA Type 4/4X Enclosure

Standard Size (Enclosure Code = 4)
NEMA Size A B C D E F G H (dia) J (dia) K (dia)

0-2 11.00 29.38 7.64 3.53 1.91 3.50 28.26 0.34 0.41 0.81
(279.4) (746.3) (194.0) (89.7) (48.5) (88.9) (717.7) (8.7) (10.3) (20.6)

3 (excludes 20.00 33.32 8.14 3.72 1.91 8.00 32.20 0.34 0.41 0.81
200A fuse clips) (508.0) (846.3) (206.7) (94.6) (48.5) (203.2) (817.8) (8.7) (10.3) (20.6)
3 (includes 23.00 53.76 8.14 3.55 3.41 8.00 52.64 0.34 0.41 0.81
200A fuse clips)-4 (584.2) (1365.5) (206.7) (90.2) (86.6) (203.2) (1336.9) (8.7) (10.3) (20.6)

Oversized (Enclosure Code = S)
NEMA Size A B C D E F G H (dia) J (dia) K (dia)

0-2 20.00 33.32 8.14 3.72 1.91 8.00 32.20 0.34 0.41 0.81
(508.0) (846.3) (206.7) (94.6) (48.5) (203.2) (817.8) (8.7) (10.3) (20.6)

3 (excludes 23.00 53.76 8.14 3.55 3.41 8.00 52.64 0.34 0.41 0.81
200A fuse clips) (584.2) (1365.5) (206.7) (90.2) (86.6) (203.2) (1336.9) (8.7) (10.3) (20.6)

408 Sz 0-4 FVNR Combo Str 
Type 4/4X

CR408 (Fusible Disconnect) NEMA Type 4/4X Enclosure


