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| MULTIPLES OF CURRENT RATING

Molded Case Circuit Breaker with
GE Consumer & Industrial - Grqund Fault Circuit Interrupter
Electrical Distribution Q Line G ES-G 200
Current Ratings Types THOL-GF — THOB-GF No Adjustments Available
15,20, 25, 30 Amperes Enclosure Compensated
Lpole Long-time Delay and Instantaneous
Voltage Rating Time-current Curves
120 Vac Curves show circuit breaker in open air, 40°C
Frequency Rating ombient, wi(ed with conductors of cor'responding
60 Hertz rating, no prior load. For all other ambients, use
rating shift index at top of sheet.
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