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Wire Range Size

Copper Aluminum

Connector Solid Stranded Solid | Stranded
Line - Meter Socket 6-4/0 6-4/0
Load - Base Lugs 1-4/0 1-4/0
Neutral A -—- 1-300 1-300
Neutral/Ground B - 6-2/0 6-2/0
Neutral/Groud C 14-8 14-4 12-8 12-4

Post Line Connectors #6-350 KCMIL #6-350 KCMIL
Suitable For Loop Feed

Equip Ground 12-2 12-2 12-2 12-2

MIDWEST SERVICE EQUIP 200A PEDESTAL RING METERED
UL LISTED 120/240V 4 CIRCUIT N3R

CAT NO

DWG DATE

REV #

M281C1lP6H

07/11/2016

01




