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Wire Range Table

4067 MOUNTING HOLE

20aMP, FUSE BLOCK
WITH PULLER

COPPER ALUMINUM
COMMECTOR
SOLID [STRAND | SOLID |STRAND
LIME 14-8 14-2 12-8 12-2
LOAD 14-8 14-2 12-8 12-2
NEUTRAL - | | |-
EQUIFP. GREND, 12-8 12-2 12-8 12-2
Front View (Outside)

Right Side View

Front Cover
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MIDWEST 30A GD AC DISCONNECT PULLER-TYPE 240V 3HP
FUSIBLE RATED THERMOPLASTIC N3R ENCLOSURE
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