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WIRE RANGE TABLE:

 
CONNECTOR

 COPPER ALUMINIUM

SOLID STRANDED  SOLID STRANDED

LINE -- 8-3 -- 8-3

LOAD 5-20WR2 14-10  14-10 -- --

NEUTRAL-END HOLE 12-8 12-1/0 10-8 10-1/0

NEUTRAL-SIDE HOLE 14-8 14-4 12-10 12-4

EQUIP. GRND 12-8 12-2 12-8 12-2

CIRCUIT
PROTECTION

NAME QUANTITY

MAIN
(1 & 2)

THQL2170
2P 120/240V 10K IC 

70 AMP
 1

 3 & 4 THQL2150GFT2
 THQL 2P 120/240V 

50A GFT2
 1

 5 THQL1120
 1 POLE 120/240V

20AMP 
 1

KNOCKOUT  TABLE:

G = 1/2",  3/4",  1"  KO

D = 3/4",  1",  1-1/4"  KO

B = 1",  1-1/4",  1-1/2"  KO

H = 9/32"  KO
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