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Notes

FINISH: NATURAL

CABINET: 080 ALUMINUM

320 AMP CONTINUCUS

600 VAC, 3 PHASE, 4-WIRE

320 AMP BYPASS

FoR BROOKS OR INTER-TITE STANDARD
LENGTH BARREL LOCK IN CONJUMCTION
WITH BROOKS LOCK GUARDS #865 OR™
#36505. WITH PERMANENTLY WELDED™
BRACKET.

MIDWEST LABEL ATTACHED TO THE END
OF CARTOM.

TEMPORARY CARDBOARD METER OPENING
COVER PROVIDED.

MIDWEST LOGO STAMPED IN THE LOWER
LEFT-HAND CORNER OF FRONT.
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