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1 FINISH: GRAY
7} CABINET: 16 GA GALWY. STEEL
3 200 AMP CONTINUDUS PER POSITION
300 AMP CONTINUOUS (TOTAL) UNIT RATING WITH CU
250 AMP CONTINUOUS (TOTAL) UNIT RATING WITH AL
600 VAC, 1 FHASE, 3-WIRE
1 MIDWEST LABEL ATTACHED TO THE END
OF THE CARTON.
51 TEMPORARY CARDBOARD METER OFEMING
COVERS PROVIDED.
61 MIOWEST LOGO LOCATED IN THE LOWER
LEFT-HAND CORMERS OF FRONTS.
7} FOR AN EXPOSED BROOKS OR
INMER-TITE STANDARD LENGTH
BARREL LOCK WITH A PERMANENWTLY
WELDED BRACKET.
&) CONNECTORS POZITIONED FOR OVERHEAD FEED.
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