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COFPPER ALLUMIMNLM ﬁ
COMMECTOR
SOLID |STEAMD | SOLID |STRANL
LINE ¢LDan CENMTERD - 14-1/0 | —— 14-1/0 PARKMATE HEAD ONLY 100A 50,30, 20A RECEPTACLE
THERMOPLASTIC METERED UL LISTED 1PH 3W 120/240V 10K
MEUTRAL woah cENTER:| 14—8 14-1/0 |12-10 12-1/0
EQUIF, GREMI, 12-2 12—-2 12-2 12-2 CAT NO DWG DATE REV #
VKKJHACT 03/10/2016 02




